
IP40

Clip on DIN rail 35 mm.

Position d’installation indifférente.

Dimensions (mm)
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Technical data

Main characteristics

According to IEC/EN 60898-1

Insulation voltage (Ui) 440 V AC

Pollution degree 2

Rated impulse withstand voltage (Uimp) 4 kV

Thermal tripping Reference temperature 30°C

Temperature derating See module CA908007

Magnetic tripping C curve 5 to 10 In

Limitation class 3

Rated making and breaking capacity of an  
individual pole (Icn1)

Icn1 = Icn

Additional characteristics 

Degree of protection
(IEC 60529) 

Device in modular  
enclosure

IP40
Insulation class II

Endurance (O-C) Electrical 10,000 cycles

Mechanical 20,000 cycles

Overvoltage category (IEC 60364) III

Operating temperature -25°C to +60°C

Storage temperature -40°C to +85°C

Weight (g)

Circuit-breaker 

Type iK60a

1P 100

3P 300

Instruction Sheet

iK60a circuit breakers (curve C) 

 b Top or bottom electrical feeding.

 b Large circuit

labelling area

 b Padlocking device

 b Double clip for

dismounting with comb 

busbar in place

www.schneider-electric.com

D
B

1
2

3
3

1
0

D
B

1
2

3
3

1
2

D
B

1
2

3
3

9
1

P
B

1
0

4
4

5
4

-4
0


