Magelis industrial PC

Make your machine interfaces simpler than ever
with the latest generation of intuitive industrial PCs

Schneider

Life Is On




Enhanced user experience and improved productivity

Choose the right industrial PC for your environment

Designed for long life and industrial needs

Maximize performance with StruxureWare software

Choose your design, simple, modular, or even configured to order
Magelis Simple Panel PC

Magelis Modular Box PC

Magelis Modular Display

Magelis Simple Box PC

Magelis iDisplay Monitors
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Magelis Rack PC for control rooms
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Learn all about the

latest Magelis iPC,

a comprehensive range

of industrial PCs developed
to help you:

* Increase productivity

* Make machine operators’
tasks easier

* Manage and share data
» Reduce total cost of
ownership




Modern design and communi
enhance user experienc



Efficient machine operation and data
management are crucial to ensuring
maximum productivity. The latest Magelis
IPC ranges simplify machine interfaces,
providing a clear picture of machine
performance and boosting productivity.

Integrated web services and remote
access combined with a host of
communication options creates
transparent system. This flexible and
real-time data exchange is the key to
lloT roll out.

Smartphone-like navigation on an industrial panel PC

High-resolution displays 10 to 22 inches up to full HD, feature
capacitive touch technology to deliver intuitive navigation, enhancing
user experience and increasing efficiency.

Choose your design

All-in-one iPCs, as well as modular iPCs, suit industrial and
infrastructure applications, increasing the cost-effectiveness of your
operations over the complete life cycle. The optional Configured To
Order option allows further customization to your needs.

Empower your application

Performing Intel CPUs paired with large RAM size enable the smooth,
efficient integration of a wide range of software applications.




Choose the right industrial PC
for your environment .

Plant field
Performances machines

Configurable design
* Modular Box PC
* Modular Display

Control room

Workstation/Server
» Magelis Rack PC
Infrastructure
Standard machines
All-in-one design

» Simple Panel PC Optimized
» Simple Panel PC Enclosed
(IP66)

» Simple Box PC

* iDisplay Monitors

Magelis S-Panel PC
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The Magelis IPC and displays are designed for
industrial environments (plant, performance, and
repetitive machines) and infrastructures.

Robust and reliable, the Magelis iPCs are engineered to be placed directly
within the manufacturing installations. The fan-less design together with the
solid state drives promote maintenance free operation 24/7.

Utilizing up-to-date Atom dual core up to Core |7 CPU’s assures abundant
performance with minimal heat generation for compact dimensions.

All wide screen displays feature an H7 hardness and scratch resistant
suiting even severe environments. The 19" Magelis S-Panel PC Enclosed
type with IP 66 rating is designed to be mounted directly via VESA mount for
a sleeker machine design while offering a high degree of protection.

C UL Us Magelis iPC models certified for
Industrial Control, Hazardous Locations
LISTED and Marine applications.




Maximize your performance
with StruxureWare software

I\/Iagelis IPC and To get the most out of Magelis iPC's features, we recommend StruxureWare software from Schneider Electric,
Schneider Electric's a complete platform of tested, validated, and supported applications and suites.
StruxureWare to
delivery outstandin }a' | gl @
Y J Plantﬁtruxure”
performance, and
o th t Vijeo Designer and Vijeo XD SCADA Expert Vijeo Citect PlantStruxure Process
open 10 the MOsS HMI runtime complete SCADA Expert software Expert - on Magelis Rack PC as
demanding 3rd party or web client on Magelis iPC. an engineering workstation.
Windows software.
am Windows 8.1
@ £7 Windows 7
el :
SoMachine - a single Unity and SoMachine PLC . WiridowsServer2012
programming environment for programming software - on the
controllers, HMI on Magelis iPC, field for maintenance operations.

and remote devices.

Access Magelis iPC remotely from
your tablet or smartphone with < >

Vijeo Design’Air apps!



http://www2.schneider-electric.com/sites/corporate/en/products-services/product-launch/hmi/vijeo-design-air.page
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The Magelis iPC range is available as off-the-shelf products from our catalogue that you can combine
with optional accessories, as well as personalized configurations made to order.

A global network of CTO Magelis S-Panel PC Magelis Modular Box PC Magelis Modular Display PC
(Configure to Order) centers
responds to customer
requests within few days with
more than two million possible
Magelis iPC configurations.
The user-friendly web
configuration tool and the
dedicated supply chain
promote fast delivery of

the best fitting PC. Magelis S-Box PC Magelis iDisplay Monitor

@

Build your OWN Magelis iPC
with the free online configurator!

Password: magelis.


http://www2.schneider-electric.com/sites/corporate/en/products-services/product-launch/hmi/vijeo-design-air.page

Infrastructure / Repetitive machines

Magelis Simple Panel PC

Finally, a simple offer
that is yet powerful
enough and easy to
implement.
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The Magelis Simple Panel PC is available in three versions:
» Simple Optimized with 10-inch or 15-inch multitouch screen

» Simple Performance with 15-inch or 19-inch multitouch screen

» Simple Enclosed Performance with 19-inch multi touch screen

The Magelis Simple Panel PC Optimized is designed for simple
Windows applications like repetitive machines or infrastructures
applications, and build for intensive 24/7 usage with maintenance free
design. The fanless solid-state drive can operate at temperatures up to
55°C and the high resolution display delivers crisp information.

The Magelis Simple Panel PC is build for standard needs and
equipped with Core i3 CPU and 15/19-inch wide screen displays

with capacitive multi touch. The all in one design achieve a mounting
depth of not more than 57mm, while not requiring any fans for 24/7
usage. Despite being very compact, 1 mini PCle slot provide the right
expandability without increasing the size.

The 19-inch Magelis Simple Panel PC Enclosed build on the
S-Panel platform and features the performance. Additionally is has
IP66 protection on all sides with standard M12 connectors and VESA
mount for direct mounting on an arm.




Plant field / Performances machines

Magelis Modular Box PC

If you are looking for The Magelis Modular Box PC is flexible to adapt to your needs:
unmatched flexibility on * Two processor and three RAM sizes available (Celeron - 4/8 GB RAM,
a small foot print for mid 7 -8/16 GB RAM)

* Redundant HDD Raid drives with hot swap capability

» Two mini PCle slots and up to 2 PCl(e) slots

» Optional UPS for data security and system stability in environments
with unstable power supply

to high performance,
look no further.

A product range that will be with you for the long haul
» Worldwide long-term availability

» Overlap timing to replace legacy ranges

» Extended timing for repair service

The Magelis Box PC connects to the Magelis
Modular Display for Panel PC mount or remotly
with Display Port to third-party screens




Plant field / Performances machines

Magelis Modular Display
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The industrial-grade Available in widescreen 15-inch (HD), 19-inch (HD), and 22- \ _

Magelis Modular Displays inch (full HD), they offer an excellent screen size to form factor ratio C— MC MoveR
are available in wide format and ensure comfortable touch browsing and a crystal-clear view. MG Reset

with PCAP multitouch orin The 15-inch display in 4:3 format carters the gloved operations '

43 with resistive touch. and legacy substitution. The front side USB Host port enables
convenient data transfer without opening the panel.

The Magelis Modular Box
PC is being used with these Designed for use in industrial environments the wide screen type

feature a hardened front with H7 and IP66 protection. All displays do
support temperatures up to 55°C.

The 15-inch 4:3 and 15-inch wide displays are also conform to
ATEX and IEXEC for usage in delicate atmospheres.

displays.
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Infrastructure / Repetitive machines

Magelis Simple Box PC

The Magelis Simple Box
PC is a simpler, more
optimized alternative to the
Magelis Box PC.

This cost-smart, tested, and
validated offer is suitable

for repetitive machines and
infrastructures requiring Microsoft
Windows. Available in Optimized
and Universal versions, it connects
to the robust and certified industrial
Magelis iDisplay Monitor.

Remote access to the
system monitor used in all
Magelis iPC and Rack PC

* Monitor system parameters
including network connection,
system/CPU temperature,

fan speed, and systems voltage
» Configure alerts displayed

at the device level and by email
* Manage On/Off remotely

(e.g. for energy savings)
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Infrastructure / Repetitive machines

Magelis iDisplay Monitors

Magelis iDisplay are
industrial-grade touchscreen
monitors for use in
conjunction with a PC.

Available in 12-inch and 15-inch
with resistive multi touch.

The two available displays

support a wide power supply
range (12~24VDC) and many
certifications such as ATEX, IECEX
and shipping approvals to allow
usage in the most challenging
places. The integrated scalar

chip assures optimal usage of

the screen, especially for older
applications.




Control room

Magelis Rack PC

The Magelis Rack PC

Is a high-performance
solution for the control
room that can serve as an
engineering and SCADA
server or an operator
workstation.

A complete plant control solution

* Tested and validated as an engineering server or workstation,
supporting SCADA Expert Vijeo Citect software and the PlantStruxure
PES Distributed Control System

» Suitable for control room and clean areas of plant floor and lab
* Embedded fan-speed control to reduce noise

* Highly available with Redundant internal Raid HDD in hot swappable
trays, configurable via Intel software

* Ease of installation in standard 19-inch rack enclosures




www.schneider-electric.com/hmi
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